
Auxilary

Engine series Power range kW/HP Frequency, Hz Displacement, L Dimentions, L/W/H, mm Dry weight,kg Rating type (propulsion/auxilary)

6BT5.9-DM 78-91/104-122 50 5.9 1020/601/1201 426 Auxilary

6BT5.9-DM 91-112/122-150 60 5.9 1020/601/1201 426 Auxilary

QSB7-DM 122-164/164-220 50 6.7 1283/952/994 708 Auxilary

QSB7-DM 98-210/132-282 60 6.7 1283/952/994 708 Auxilary

6CT8.3-DM 122/164 50 8.3 1182/710/1137 684 Auxilary

6CT8.3-DM 140/188 60 8.3 1182/710/1137 684 Auxilary

6CTA8.3-DM 164/220 50 8.3 1182/710/1137 702 Auxilary

6CTA8.3-DM 180-201/242-270 60 8.3 1182/710/1137 702 Auxilary

QSM11-DM 265/355 50 10.8 1475/1081/1039 1118 Auxilary

QSM11-DM 265-317/355-425 60 10.8 1475/1081/1039 1118 Auxilary

NTA855-DM 209-306/280-410 50 14 1298/817/1367 1388 Auxilary

NTA855-DM 254-358/340-480 60 14 1298/817/1367 1433 Auxilary

KTA19-DM 336-447/450-600 50 19 1877/1003/1905 2073 Auxilary

KTA19-DM 392-507/525-680 60 19 1877/1003/1905 2073 Auxilary

KTA19-DM1 358-410/480-550 50 19 1877/1003/1905 2073 Auxilary

KTA19-DM1 425-485/570-650 60 19 1877/1003/1905 2073 Auxilary

QSK19-DM 433/580 50 19 2007/963/1880 2189 Auxilary

QSK19-DM 563/755 60 19 2007/963/1880 2189 Auxilary

VTA28-DM 421-560/565-750 50 28 1900/995/1641 2901 Auxilary

VTA28-DM 515-608/690-815 60 28 1900/995/1641 2901 Auxilary

KTA38-DM 634-880/850-1180 50 38 2152/1462/2083 4218 Auxilary

KTA38-DM 768-1007/1030-1350 60 38 2152/1462/2083 4218 Auxilary

KTA38-DM1 746-880/1000-1180 50 38 2152/1462/2083 4218 Auxilary

KTA38-DM1 821-970/1100-1300 60 38 2152/1462/2083 4218 Auxilary

QSK38-DM1 984/1320 50 38 2282/1573/2242 4850 Auxilary

QSK38-DM1 1044/1400 60 38 2282/1573/2242 4850 Auxilary

KTA50-DM 880-1097/1180-1470 50 50 2694/1564/2260 5431 Auxilary

KTA50-DM 1000-1220/1340-1635 60 50 2694/1564/2260 5431 Auxilary

KTA50-DM1 1007-1097/1350-1470 50 50 2694/1564/2260 5431 Auxilary

KTA50-DM1 1141-1291/1530-1730 60 50 2694/1564/2260 5431 Auxilary

QSK50-DM1 1290/1730 50 50 2780/1573/2232 6270 Auxilary

QSK50-DM1 1342-1628/1800-2183 60 50 2780/1573/2232 6270 Auxilary

QSK60-DM 1583/2095 50 60.2 3290/1757/2415 8754 Auxilary

QSK60-DM 1900/2547 60 60.2 3290/1757/2415 8754 Auxilary


