Recreational marine

Dry weight, kg

Engine series |Power range h.p./kWt |Rpm range |Displacement, L [Dimentions, L/W/H, {Rating type (propulsion/auxilary)

QSB 6.7 169-404/227-542 3000-3300 6.7 1074/898/857 Propulsion 634
QsC 8.3 368-441/493-592 2600-2800 8.3 1174/839/982 Propulsion 896
Qsm 11 449-526/602-705 2300-2500 10.8 1349/1104/1012 Propulsion 1188




