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Every™ Start assured with Cummins Batteries
India’s Largest Selling Genset Battery
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Cummins brings to you Pulse range of batteries specially designed for your Diesel Generators. Ready to
use and 24 X 7 onsite battery service support.

Pulse Ultra Plus

Pulse Ultra Plus batteries are unique SMF Batteries featured with Pure Lead Tin (PLT)
and Valve Regulated Lead Acid (VRLA) technology which provides a
dependable start to your Genset under adverse operating conditions. VRLA
technology ensure that your Batteries requires no top up, no specific gravity

checks, no spills — leads to no Maintenance. PLT technology provides peak power
performance for reliable start Every time. The Switch Mode Power Supply (SMPS) is
a sophisticated battery charger with inbuilt protection for ensuring optimum charging
of the batteries and dependable start for Generators in standby mode and enhances
life of the Batteries.
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SrNo.  Generator kVA Rating Battery Part No. Other Equivalent Battery Rating
1 Up to 25 kVA AX1013232 12V/100Ah

2 30 to 125 kVA AX1013233 12V/150Ah

3 125 to 140 kVA AX1013234 2 x 12V/100Ah

4 160 to 500 kVA AX1013235 2 x 12V/150Ah/180Ah

B 600 to 800 kVA AX1013236 2 x 12V/180Ah

6 1000 to 1500 kVA AX1013237 4 x 12V/180Ah/200Ah

Pulse Ultra Lite

Pulse Ultra lite batteries are unique SMF Batteries featured with Pure Lead Tin
(PLT) and Valve Regulated Lead Acid (VRLA) technology which provides
a dependable start to your Genset under adverse operating conditions. VRLA
technology ensure that your batteries requires no toppings, no specific gravity
checks, no spills — thereby no maintenance. PLT technology provides peak power
performance for reliable start every time.

SrNo. Generator kVA Rating Battery Part No. No. of Batteries CCA @-18 C/ Other Equivalent Battery
Battery Rating

1 Up to 25 kVA AX1012900 1 420 Amps 12V/100Ah

2 30 to 140 kVA AX1012843 1 650 Amps 12V/150Ah

8 160 to 400 kVA AX1012843 2 650 Amps 2 x 12V/150Ah

4 500 to 700 kVA AX1014019 2 850 Amps 2 x 12V/180Ah

5 750 to 1500 kVA AX1012845 2 1650 Amps 4 x 12V/180Ah

6 1800 to 2250 kVA AX1012844 4 1100 Amps 8 x 12V/180Ah

7 2750 to 3750 kVA AX1012845 4 1650 Amps 8 x 12V/200Ah

Pulse Value Plus

Pulse Value plus offers Radial Grid technology for quick cranking and

superior Ca-Ca Technology helps low top up frequency, providing high cranking
power (CCA) and Higher Life. Pulse Value plus featured with charge eye and Bic vent
technology for Ease of maintenance. This Battery comes with extended pole design
for better Connections and avoid pole damages. Rugged construction design gives
durability.

SrNo. Genset kVA Rating Battery Part No.  No. of Batteries CCA @-18 C/ Other Equivalent Battery Rating
Battery
1 30 to 140kVA AX1014429 1 800 Amps 12V/100AH /110Ah
2 160 to 400KVA AX1014429 2 800 Amps 2 x 12V/100AH/110Ah
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